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A Dekafix, THXICH OFH, 5 x 6 mm, Z|X|(mm)(P): 6.00
Weidmueller, ElA4

FEHS 1318061202

74 DEK 6 GW ERDE

GTIN (EAN) 4008190127749

= 500 items



https://eshop.weidmueller.com/p/1318061202
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ETIM 8.0 EC000761 ETIM 9.0 EC000761
ETIM 10.0 EC000761 ECLASS 14.0 27-28-11-01
ECLASS 15.0 27-28-11-01
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