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A AbEE * Additional variants on request

¢ Gold-plated contact surfaces on request

* Rated current related to rated cross-section & min. No. of poles.

* Wire end ferrule without plastic collar to DIN 46228/1

* Wire end ferrule with plastic collar to DIN 46228/4

* P on drawing = pitch

* Crimping shape "A" for wire end ferrules with PZ 6/5 crimping tool recommended.

* The test point can only be used as potential-pickup point.

* In accordance with IEC 61984, OMNIMATE-connectors are connectors without breaking
capacity (COC). During designated use, connectors are not allowed to be engaged or
disengaged when live or under load

* Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months

=&

ETIM 8.0 EC002638 ETIM 9.0 EC002638
ETIM 10.0 EC002638 ECLASS 14.0 27-46-02-02
ECLASS 15.0 27-46-02-02
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Uncompromising functionalityHigh vibration resistance

Uncompromising functionalityHigh vibration resistance

Solid PUSH IN contactSafe and durable
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Cost-effective wiringQuick and intuitive operation

Wide clamping rangeTool-free wire connection
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