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https://eshop.weidmueller.com/p/2584910000
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20| 17.7 mm 2ol (el xl) 0.6968 inch
=0 42.8 mm =0]| (2IX]) 1.685 inch
EL]] 42.8 mm Z (QIX]) 1.685 inch
== 16.6 g
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ETIM 6.0 EC000879 ETIM 7.0 EC000879
ETIM 8.0 EC000879 ETIM 9.0 EC000879
ETIM 10.0 EC000879 ECLASS 9.0 27-14-44-21
ECLASS 9.1 27-14-44-21 ECLASS 10.0 27-14-44-21
ECLASS 11.0 27-14-44-21 ECLASS 12.0 27-14-08-07
ECLASS 13.0 27-14-08-07 ECLASS 14.0 27-14-08-07
ECLASS 15.0 27-14-08-07
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