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0 ALSH Only applicable to IT power systems where the earth on the distribution transformer
is interconnected with the earth on the consumer side (RE=RA in Figure 44.A1 of IEC
60634-4-44:2018).
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Schematic circuit diagram
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In the event of a defective arrester, you can easily reorder
this spare arrester, replace the defective arrester and thus
restore protection.
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