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Schematic circuit diagram
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VPU AC EXTENDER HH
4099987270175
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In the event of a defective arrester, you can easily reorder
this spare arrester, replace the defective arrester and thus
restore protection.
P
T
VPU AC 10 480/10 #H

Spare arrester, Surge protection
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