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Screw
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5vDC
12vDC
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120v UC
230V UC
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UC = AC/DC
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Space requirement for an 8-channel system
with a standard TERMSERIES 1CO relay

Example of output wiring to show the difference in 8 loads to be wired:
Result width = 8 x 5.1 mm (2-pole terminal block) + 1 x 2.1 mm (end plate)
+8 x 6.4 mm (TRP 24vDC 1C0) + 3 x 8.0 mm (end bracket) = 118.1 mm

24v0c

®
ovoe
Cress connection ZOV... TRS 24V0C 1C0 “

2 pole teminal 2 pole terminal

5.1 mm width 5.1 mm width

+ iy
End plate X
2.1 mm width

Space requirement top view:

I 118.1 mm

Space requirement for an 8-channel system
with TERMSERIES ACT version relays and supply terminals

Example of output wiring to show the difference in 8 loads to be wired:
Result width = 1x 6.4 mm (TRP SUPPLY) + 8 x 8.4 mm (TRP 24VDC ACT)
+2 x 8.0 mm (end bracket) = 73.6 mm

24VDC

4
OVOC 1xp suppLy Cross connection TG, TAP 24VOC ACT
6.4 mm width 64mm width

. /iy by

l(!):"‘ﬂ‘_ ﬂ lﬁm Al IQ W j

Cross connection TCC...

Space requirement top view:

73.6 mm
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https://eshop.weidmueller.com/p/1463540000
https://eshop.weidmueller.com/p/2007200000

