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Miscellaneous
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0 Solid-state relay 48VDCO.1A  0..48 VDC/100 mA
24VDC2A  3..33VDC/2 A
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) Tansi 24VDC5A  3..33VDC/5A
ension ACT Special 3..33VDC/2 A
Color-marking /
control voltage
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