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ETIM 8.0 EC003857 ETIM 9.0 EC003857

ETIM 10.0 EC003857 ECLASS 14.0 22-57-02-92

ECLASS 15.0 22-57-02-92

UE MU AIE

21 AP Combiner box for inverters

with 2 MPP tracker,
suitable for protecting the
DC side of a photovoltaic
system according to EN
51543-32. MPP1:

3 inputs, connection via
M25 cable gland with
3x7mm @ cable entry.
PUSH IN connection / 2.5
- 6mm?2 single-wire, multi-
wire, with/without ferrule.
3 outputs, connection via
M25 cable gland with
3x7mm @ cable entry.
PUSH IN connection / 2.5
- Bmm?2 single-wire, multi-
wire, with/without ferrule.
MPP2:

identical to MPP1

Max. string voltage Uoc:
1000V

1 class/type | + Il
combined arrester with
signal contact

With load break switch
for safe separation of the
string lines

Connection of the

signal contact via cable
glands (8-12mm®@) max.
conductor cross-section:
1.5mm?

Connection of the
functional earth via

cable glands (8-12mm®@)
Conductor cross-section:
16-25mm?

Protection class: IP65

All built into a glas fibre
reinforced polyester
housing. Dimensions
HxWxD: 330x372x214
mm

Approval according to
low voltage switchgear
and controlgear IEC
61439-1:2011 and EN
61439-2:2011
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L.N,AC
PVN1M216 SOF3V101TXPX 10
Series Voltage
PVN = PV Next 10=1kV
VPU = PV Protect 11=11kV
16 = 1.5kV
Level Powe
1= D trunk box (L1) rsupBly
x=n/a
Series Monitoring
1= 1 MPPT supported x=
2 =2MPPT supported
3 - 3MPPT supported Output Type
4~ 4 MPPT supported G oasth
6 = 6 MPPT supported 2 - MC4vo 2
Inputs SPD
1..12 inputs 2/0=TYPIl
1=TYPI+I
X = No SPD
Switch
x=n/a Fuses
0 = manual switch x=n/a
1 = remote switch 3 = only fuse holders
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GTIN (EAN) 4050118540819 I, Spare arrester
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