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20V 2.5/1 ORT Weidmiiller Interface GmbH & Co. KG

Klingenbergstralle 26
D-32758 Detmold
Germany

www.weidmueller.com
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https://eshop.weidmueller.com/p/2714770000
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Ha=2r -25°C...55°C TH 2T -5°C...40 °C
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ETIM 8.0 EC000489 ETIM 9.0 EC000489

ETIM 10.0 EC000489 ECLASS 14.0 27-25-03-03

ECLASS 15.0 27-25-03-03
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