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/4 U-LINK-50-DEVICES-1Y H &
FEHS 2870090000 License code for u-link Remote Access Service., Adds 50 additional
GTIN (EAN) configurable u-link clients on Weidmdiller hardware to the basic
B 1ST license and extends the period of the basic license accordingly.
/4 U-LINK-100-DEVICES-1Y HA
FEHS 2870100000 License code for u-link Remote Access Service., Adds 100 additional
GTIN (EAN) configurable u-link clients on Weidmdiller hardware to the basic
»2t 1ST license and extends the period of the basic license accordingly.
LS=] U-LINK-250-DEVICES-1Y HA
FTEHS 2870110000 License code for u-link Remote Access Service., Adds 250 additional
GTIN (EAN) configurable u-link clients on Weidmdiller hardware to the basic
B 18T license and extends the period of the basic license accordingly.
+d U-LINK-500-DEVICES-1Y HA
FEHS 2870120000 License code for u-link Remote Access Service., Adds 500 additional
GTIN (EAN) configurable u-link clients on Weidmdiller hardware to the basic
= 18T license and extends the period of the basic license accordingly.
e U-LINK-1000-DEVICES-1Y HH
FEHS 2924220000 License code for u-link Remote Access Service., Adds 1000 additional
GTIN (EAN) configurable u-link clients on Weidmdiller hardware to the basic
et 1ST license and extends the period of the basic license accordingly.
8 U-LINK-1-CONNECTION-1Y HA
FEHS 2870130000 “VPN connection” licence code for u-link Remote Access Service. Can
GTIN (EAN) be used as an additional VPN connection or to extend the period of a
B 1ST VPN connection that has already been activated
28 U-LINK-CNSERVER-1Y HH
FEHS 2870140000 License code for u-link Remote Access Service., Allows the use of the
GTIN (EAN) server in China for a secure and reliable VPN connection to and from
B3 1ST China.
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