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* Firm hold and durable printing

¢ Continuous strips save installation time

e Easy mounting thanks to an innovative composite
material

* Large label field for optimal legibility

* High flexibility thanks to manufacturer independence
] * Firm hold and durable printing

¢ Continuous strips save installation time

e Easy mounting thanks to an innovative composite
material

e Large label field for optimal legibility

* High flexibility thanks to manufacturer independence
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https://eshop.weidmueller.com/p/2910530000
https://eshop.weidmueller.com/p/2799270000

