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Ogolne dane zamoéwieniowe

Wersja Fotowoltaika, Przetacznik, Odtacznik przetacznika,
1000 V, wersja DC, 50 A, 4-biegunowe, Przetacza-
nie reczne

Nr zam. 3123820000

Typ DC SB M 50A 4POL EVO 1 kV

GTIN (EAN) 4099987272032

llos¢ 1 szt.

Data sporzadzenia 26.11.2025 07:24:33 MEZ
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Dopuszczenia

ROHS Zgodny

Wymiary i masa

Gtebokosé 121.5 mm Gtebokos¢ (cale) 4.7835 inch
Wysokos$é 165 mm Wysokos¢ (cale) 6.4961 inch
Szeroko$é 140 mm Szeroko$¢ (cale) 5.5118 inch
Masa netto 999g¢g

Temperatury

Temperatura otoczenia -30°C..50°C

Dane ogétne

Stopien ochrony IP65

Klasyfikacje

ETIM 7.0 EC000216 ETIM 8.0 EC000216
ETIM 9.0 EC004830 ETIM 10.0 EC004830
ECLASS 11.0 27-07-02-03 ECLASS 12.0 27-07-02-03
ECLASS 13.0 27-07-02-03 ECLASS 14.0 27-07-02-03
ECLASS 15.0 27-07-02-03

Karty specyfikacji przetargowych

Dtuga specyfikacja Load break switch in
polyester housing.
Suitable for switching off
the DC side.

Number of poles: 4
Operating current, rated
value (le):

- according to IEC (PV1,
1000 V): 50 A

- according to IEC (PV1,
1500 V): 20 A

- according to IEC (PV2,
1000 V): 20 A

- according to IEC (PV2,
1500 V): 8 A

Rated insulation voltage
(Ui):

- according to IEC: 1500 V
Suitability for use:

Main switch: Yes Number
of contacts normally open:
4

Number of contacts
normally closed: O
Number of switching
positions: 2

Lockable: Yes

The switch is mounted
using 4 screws.
Protection class (IP): 65
Polyester housing with
connection via MC4-Evo
2 connector, compatible
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Dane techniczne

with cable type TUV 2
Pfg1169/08.07 / EN
50618:2063

Dimensions HxWxD:
235x140x121.5 mm.
Approval according to low
voltage switchgear and
controlgear IEC 60947-3,
DIN VDE 0660 Part 107
(EN 60947-3)
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