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For ledare pa 10,0 - 185,0 mm2 (AWG 7 - 350 MCM)

Material E-Cu, galvaniskt fortent
Mattolerans enligt DIN 46228 del 1
e Lost forpackade i plastpase

Allméanna bestillningsdata

Utférande Andhylsa, Standard, 15 mm, 15 mm, Nej
Art.nr. 0124400000

Typ H25,0/15

GTIN (EAN) 4008190071790

Forp. 250 items

Forpackning 16s

Creation date 03.01.2026 09:10:24 MEZ

Catalogue status / Drawings


https://eshop.weidmueller.com/p/0124400000
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Godkannanden
Godkannanden
C US wusTeEp Ppending
ROHS Uppfyllelse
UL File Number Search UL-webbplats
Certifikat-Nr. (cULus) E499744
Matt och vikter
Nettovikt 0.62¢g

Miljooverenstammelse for produkt

RoHS-kompatibilitetsstatus

Kompatibel utan undantag

REACH SVHC

Nej mSvHC 6ver 0,1 viktprocent

Tekniska data

Artikelbeskrivning Andhylsa utan plastkrage Utférande Standard
Andhylsor

Kontaktytans diameter (D 1) 7.3 mm Kontaktytans langd (L2) 15 mm
Kragdiameter (D2) 9.5 mm L1Timm 15.00 mm
Ledardiameter, AWG, max AWG 3 Avisoleringslangd 15 mm
Ledardiameter 25 mm?2

Klassificeringar

ETIM 8.0 ECO00005 ETIM 9.0 ECO00005
ETIM 10.0 EC000005 ECLASS 14.0 27-40-02-01
ECLASS 15.0 27-40-02-01
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