Weidmiiller 3£

H0,75/14TS HB BD GSP Weidmiiller Interface GmbH & Co. KG
Klingenbergstralle 26
D-32758 Detmold
Germany
www.weidmueller.com
Bildliknande

¢ Sammanlankade andhylsor pa rulle (5 000 st)
* Weidmiuiller fargkod

* DIN-fargkod

* annan fargkod

Allméanna bestillningsdata

Utférande Andhylsa, Standard, 10 mm, 8 mm, ljusbla
Art.nr. 2528630000

Typ HO,75/14TS HB BD GSP

GTIN (EAN) 4050118539424

Forp. 4000 items
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https://eshop.weidmueller.com/p/2528630000

Weidmiiller 3£
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Tekniska data

Klingenbergstralle 26
D-32758 Detmold
Germany

www.weidmueller.com

Godkannanden

ROHS Uppfyllelse
Matt och vikter

Nettovikt 0.08¢

Miljooverenstammelse for produkt

RoHS-kompatibilitetsstatus

Kompatibel utan undantag

REACH SVHC

Nej mSvHC over 0,1 viktprocent

Tekniska data

Artikelbeskrivning

sammanlankad andhylsa Utférande Standard
pa rulle, farg ljusbla

Andhylsor

Kontaktytans diameter (D 1) 1.2 mm Kontaktytans langd (L2) 8 mm
Kragdiameter (D2) 3.4 mm Tjocklek plastkrage (S2) 0.25 mm
L1imm 14.00 mm Ledardiameter, AWG, max AWG 18
Metallkapseltjocklek (S 1) 0.15 mm Avisoleringslangd 10 mm
Ledardiameter 0.75 mm?2 fargkod Miscellaneous
Klassificeringar

ETIM 8.0 ECO00005 ETIM 9.0 ECO00005
ETIM 10.0 ECO00005 ECLASS 14.0 27-40-02-01
ECLASS 15.0 27-40-02-01
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