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Allméanna bestillningsdata

Art.nr. 2651900000

Typ TPS 5.08/02/90 5.0SN GN BX

GTIN (EAN) 4050118635072

Forp. 200 items

Produktparametrar IEC: 320V /20 A /0.05-4 mm2
UL:300V /15 A/ AWG 30 - AWG 12

Forpackning Box

b’

RoH

v:ompum
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Godkidnnanden

Godkannanden

ROHS Uppfyllelse
UL File Number Search UL-webbplats
Certifikat nr. (UR) E60693
Matt och vikter

Nettovikt 39g

Miljooverenstammelse for produkt

RoHS-kompatibilitetsstatus

Kompatibel med undantag

RoHS-undantag (om tillampligt/kant) 6¢c

REACH SVHC Lead 7439-92-1

SCIP e8ca8b50-189f-4e0d-bdaa-5c8b34abebbd

Packaging

Forpackning Box VPE-langd 169.00 mm
VPE-bredd 134.00 mm VPE-hojd 50.00 mm

Karakteristiska systemvarden

Produktfamilj

OMNIMATE basic - Serie
TPS

Ledaranslutningsteknik Klambygelanslutning

Montering pa kretskortet THT lodanslutning Ledarutgangsriktning 90°
Delning i mm (P) 5.08 mm Delning i tum (P) 0.200"
Antal poler 2 Polradstal 1

Antal rader 1 Lodstiftlangd (1) 5 mm
Dimensioner for |6dstift 0,8x 1,0 mm Diameter bestyckningshal (D) 1.5 mm
Antal 16dstift per pol 1 Skruvmejselklinga 0,6x35
Atdragningsmoment, min. 0.5 Nm Atdragningsmoment, max. 0.55 Nm
Klamskruv M3 Avisoleringslangd 8.5 mm
L1Timm 5.08 mm L1itum 0.200"
Skyddsklass IP20

Materialdata

Isoleringsmaterial PA Fargkod blekgron
Fargtabell (jamforbar) RAL 6021 Isoleringsmaterialgrupp |
Moisture Level (MSL) Brannbarhetsklass enligt UL 94 V-0
Kontaktmaterial Kopparlegering Kontaktyta fortennad
Typ av fortenning matt Lagertemperatur, min. -40 °C
Lagertemperatur, max. 70°C Driftstemperatur, min. -40 °C
Driftstemperatur, max 105 °C

Anslutningsbara ledare

Anslutningsomrade, min. 0.2 mm?2 Anslutningsomrade, max. 4 mm?2
Ledardiameter, AWG, min. AWG 30 Ledardiameter, AWG, max AWG 12
entradig, min. HO5(07) V-U 0.05 mm?2 entradig, max. HO5(07) V-U 2.5 mm?2
fintradig, min. HO5(07) V-K 0.2 mm? fintradig, max. HO5(07) V-K 4 mm2
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med AEH med krage DIN 46 228/4, 0.2 mm? med andhylsa med krage DIN 46 2.5 mm?

min. 228/4, max.

med andhylsa, DIN 46228 pt 1, min. 0.2 mm?2 med andhylsa enligt DIN 46 228/1, 2.5 mm?2
max.

Markdata enligt UL 1059

Institut (UR) UR Certifikat nr. (UR) E60693

Markspanning (anvéandargrupp B /UL 300V Markspanning (anvéandargrupp D /UL 300V

1059) 1059)

Markstrom (anvandargrupp B / UL 15 A Markstrom (anvandargrupp D / UL 10A

1059) 1059)

Ledardiameter AWG, min. AWG 30 Ledardiameter AWG, max. AWG 12

Hanvisning till godkdnnandevarden

Specifikationerna avser
maxvarden. For detaljer -
se typgodkannandeintyg.

Mairkdata enligt IEC

Markstrom, min. antal poler (Tu=20°C) 20 A Markspanning vid overspanningsk./ 320V
Nedsmutsningsgrad Il/2

Markspanning vid 6éverspanningsk./ 250V Markspanning vid 6verspanningskat./ 160V

Nedsmutsningsgrad 11l/2 Nedsmutsningsgrad I1l/3

Markspanning vid overspanningsk./ 2.5 kv Markspanning vid overspanningsk./ 2.5 kV

Nedsmutsningsgrad 11/2

Nedsmutsningsgrad Ill/2

Markstotspanning vid dverspanningsk./

Nedsmutsningsgrad I11/3

2.6 kv

Viktig hanvisningstext

Hanvisningstext

Only compatible with OMNIMATE basic products

P on drawing = pitch

Rated current related to rated cross-section & min. No. of poles.

Rated data refer only to the component itself. Clearance and creepage distances to other
components are to be designed in accordance with the relevant application standards.

In the case of a two-pole terminal, the insulating body must be held against the terminal when
tightening the screw.

Long term storage of the product with average temperature of 50 °C and maximum humidity
70%, 36 months

Klassificeringar

ETIM 6.0 EC002643 ETIM 7.0 EC002643
ETIM 8.0 EC002643 ETIM 9.0 EC002643
ETIM 10.0 EC002643 ECLASS 9.0 27-44-04-01
ECLASS 9.1 27-44-04-01 ECLASS 10.0 27-44-04-01
ECLASS 11.0 27-46-01-01 ECLASS 12.0 27-46-01-01
ECLASS 13.0 27-46-01-01 ECLASS 14.0 27-46-01-01
ECLASS 15.0 27-46-01-01
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