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Features of BasicLine series B Power-over-Ethernet unma-

naged switches

¢ Variants with 4 or 8 IEEE 802.3af/at/bt compliant PoE
ports (up to 60 watt power output per PoE port) up to
144 watt total power budget

¢ Integrated DC/DC converter for providing PoE voltage to
PDs over the entire PSE input voltage range from 12 to
57V DC

* Models supporting Gigabit Ethernet including Jumbo
Frame support for applications with high demand on
bandwidth and latency

¢ Optimized DIN-rail clip as well as PUSH IN Connectors
for fast and easy installation

¢ Suitable for use in any environment thanks to a large
number of certifications

* Reliable operation due to redundant voltage inputs, fault
relay and LED diagnostics

Allmanna bestillningsdata

Utforande Natverksswitch, unmanaged PoE, Fast Ethernet,
Antal portar: 1x RJ45, 4x RJ45 PoE++, IP30, -40
°C..75°C

Art.nr. 2908200000

Typ IE-SW-BLB-05-1TX-4POE

GTIN (EAN) 4099986848177

Forp. 1 items
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Godkidnnanden
Godkannanden c € UK
KOREANCERT cn

ROHS Uppfyllelse
Matt och vikter
Djup 85 mm Byggdjup (tum) 3.3464 inch
Hojd 114 mm Bygghojd (tum) 4.4882 inch
Bredd 44 mm Byggbredd (tum) 1.7323 inch
Nettovikt 490 g
Temperaturer
Lagertemperatur -40 °C...85 °C Drifttemperatur -40°C..75°C
Fuktighet 5 till 95 % (icke

kondenserande)

EMC 6verensstaimmelse och godkidnnanden

Fritt fall

Enligt IEC 60068-2-31 EMC-Normer

EN IEC 61000-6-2, EN
IEC 61000-6-4, FCC Part
15 Subpart B Class A,
IEC 61000-4-2 ESD:
Contact: 6 kV; Air: 8 kV,
IEC 61000-4-3 RS: 80
MHz to 1 Ghz: 10 V/m,
IEC 61000-4-3 RS: 1.4
GHz to 6 Ghz: 3 V/m, IEC
61000-4-4 EFT: Power:
4 kV; Signal: 2 kV, IEC
61000-4-5 Surge: Power:
2 kV; Signal: 2 kV, IEC
61000-4-6 CS: 10 Vrms,
IEC 61000-4-8 PFMF: 30
A/m

Vibration

enligt IEC 60068-2-6 Stot

enligt IEC 60068-2-27

Sékerhetsnorm

UL61010-1, UL
61010-2-201

Garanti

Tidsperiod

5 Ar

Granssnitt

RJ45-portar

10/100BaseT(X),

auto negotiation, Full-/
halvduplex-modus, Auto
MDI/MDI-X-anslutning

Funktion DIP-brytare

QoS (pa/av), Aktivera/
inaktivera Broadcast
stormskydd, Filtrering
av MAC-ramar (pa/av),
Aktivera/deaktivera IEEE
802.3az energieffektivt
Ethernet

Antal portar

1x RJ45, 4x RJ45 PoE++ LED-displej

Power LED: PWR1, PWR2,
Port LED: LNK/ACT,
10/100M (RJ45 port)
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Hanteringsfunktioner

Filter for natverkstrafik

Quality of Service (QoS), Stod for industriellt protokoll
Class of Service (CoS),

Type of Service (ToS),

Differentiated Services

Code Point (DSCP), MAC-

ramfiltrering (LLDP-

PROFINET-enhet enligt
overensstammelseklass A

ramblockering)

MTBF

MTBF Enligt standard Telcordia SR-332
Drifttid (timmar), min. 841841 h
Omgivningstemperatur 25°C

Omgivningsvillkor

Driftstemperatur, max 75 °C

Driftstemperatur, min. -40 °C

Fuktighet 5 till 95 % (icke kondenserande)

Lagertemperatur, max. 85 °C

Lagertemperatur, min. -40 °C

Ho6jdomrade for drift Ho6jd, max. 2000 m
Anmarkning enligt UL

Power over Ethernet (PoE)

PoE uteffekt Standard IEEE 802.3af
Uteffekt 15.4 W
Standard IEEE 802.3at
Uteffekt 30 W
Standard IEEE 802.3bt
Uteffekt 60 W

PoE utgangsstrém Standard IEEE 802.3af
Standard IEEE 802.3at
Standard IEEE 802.3bt

Total effektbudget PoE Spéanningstyp DC
Spanning, min. 1122V
Spéanning, max. 239V
Effektbudget 60 W
Spéanningstyp DC
Spanning, min. 24V
Spénning, max. 479V
Effektbudget 120 W
Spanningstyp DC
Spanning, min. 48 V
Spanning, max. b7V
Effektbudget 144 W

PoE stiftkonfiguration

Mode A: Pin 1, 2 (V-); Pin 3, 6 (V+); Alternative A; MDI-X / Mode B: Pin 4, 5 (V+); Pin 7, 8 (V-);

Alternative B; MDI-X

Spanningsforsorjning

Skydd polférvaxling

Ja

Matningsspanning

2 redundanta ingangar

Skydd 6verlast strom

Ja

Anslutning

1 avtagbart 4-poligt plintblock

Matningsspanningsomrade:

Spéanningstyp

DC
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Spéanning, min. 12V

Spéanning, max. b7V
Nuvarande stromforbrukning Spanning 12V

Spéanningstyp DC

Stromforbrukning med PD (powered device, 6.56 A

stromsatt apparat)

Stromforbrukning utan PD (powered device, 210 mA

stromsatt apparat)

Spéanning 24V

Spéanningstyp DC

Stromforbrukning med PD (powered device, 5.67 A

stromsatt apparat)

Stromforbrukning utan PD (powered device, 140 mA

stromsatt apparat)

Spénning 48 V

Spanningstyp DC

Stromforbrukning med PD (powered device, 3.26 A

stromsatt apparat)

Stromforbrukning utan PD (powered device, 60 mA

stromsatt apparat)
Switchegenskaper
Storlek MAC-Tabell 2 K Buffertstorlek paket 768 kbit
Bakplanets bandbredd 1 Gbit/s
Tekniska data
Kapslingsmaterial Metall Monteringstyp DIN-skena
Skyddsklass IP30 Hastighet Fast Ethernet
Switch unmanaged PoE
Klassificeringar
ETIM 8.0 EC000734 ETIM 9.0 EC000734
ETIM 10.0 EC000734 ECLASS 14.0 19-17-04-10
ECLASS 15.0 19-17-04-10
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Montagesats for 19"-rackmontage

Allméanna bestillningsdata

¢ For konfektionering av enheter baserade pa DIN-skena
pa 19" rack

Typ RMKIT Utférande

Art.nr. 1241440000 Kit for 19"-rack mounting
GTIN (EAN) 4050118029154

Forp. 18T

Monteringssats for vagginfiastning (BasicLine-serie B)

Allmanna bestillningsdata

Montagesats for vagginfastning (BasicLine-serie B):
Montagesats for alternativ vagginfastning av DIN-
skenebaserade (av hattskenetyp) Industrial Ethernet-
komponenter av BasicLine B-serien.
IE-VAGGMONTERINGSKIT-MODELL-A fér anvandning
med:

¢ Industrial Ethernet-switchar for produktsortiment IE-
SW- BLB0O5/BLB08/BLB 10 IE-VAGGMONTERINGSKIT-
MODELL-B for anvandning med:

¢ Industrial Ethernet-switchar fran produktsortiment IE-
SW-BLB16/BLB18/BLB24

Typ |IE-WALLMOUNT-KIT-MODEL-B  Utférande

Art.nr. 3032770000 Kit for wall mounting
GTIN (EAN) 4099986984523

Forp. 1ST
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BLF 5.08HC/180 SN

Allmanna bestillningsdata

Precis lika tillforlitlig som det miljonfaldigt beprovade
originalet och med innovativa detaljer:

BLF 5.08HC, PUSH IN-versionen av hylsdelen BLZP
5.08HC, skiljer sig inte bara i anslutningsteknik, utan

ar aven mer kompakt. Weidmiillers innovativa PUSH IN
fjaderanslutningsteknik star for en framtid med enkel och
verktygslos ledaranslutning. HC = Hogstrom.

Nar det galler mangsidighet haller BLF 5.08HC mattet pa
samma satt som forebilden:

* 3 testade och beprovade ledar-utgangsriktningar ger
den vanliga flexibiliteten for applikationsspecifik design

* 4 flansvariationer och den patenterade
I6sgoringsarmen tillater att lasningskonceptet baseras pa
anvandarens behov

¢ For att uppna maximal markdata, anvand
kontaktanslutningskombinationen frdn BLF 5.08HC med
SL 5.08HC.

Typ BLF 5.08HC/04/180 SN BK... Utférande

Art.nr. 1013450000 Kretskortsstickanslutning, Hylsstickpropp, 5.08 mm, Antal poler: 4,
GTIN (EAN) 4032248721603 180°, PUSH IN med mandverknapp, Anslutningsomrade, max. : 3.31
Forp. 90 ST mm?2, Box
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