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Barskeneutgangar, utforande modul RJ45 enligt IEC
60603-7-51, for ledarytterdiameter upp till 1,6 mm

Allméanna bestillningsdata

Utférande Montageskena-utgang RJ45, RJ45-modul, IP20,
Cat.6A / Class EA (ISO/IEC 11801 2010)

Art.nr. 8808360000

Typ IE-XM-RJ45/IDC

GTIN (EAN) 4032248505944

Forp. 1 items

Creation date 04.01.2026 07:23:43 MEZ

Catalogue status / Drawings


https://eshop.weidmueller.com/p/8808360000
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Godkiannanden
Godkannanden e

[H us

LISTED 3

ROHS Uppfyllelse
UL File Number Search UL-webbplats
Certifikat-Nr. (cULus) E316369
Matt och vikter
Nettovikt b3 g
Temperaturer
Lagertemperatur Drifttemperatur -25°C..70°C
Installation temperature
Miljooverenstammelse for produkt
RoHS-kompatibilitetsstatus Kompatibel utan undantag
REACH SVHC Nej mSvHC over 0,1 viktprocent
Allménna data
Anslutning 1 RJ45 Anslutning 2 IDC
Artikelbeskrivning RJ45-modul Sammansattning Siktfonster for markningar

1 TE Rastermatt enligt
DIN 43880, passar i

normcentral
Koppling EIA/TIAT568 A, EIA/TIA Fargkod ljusgra
T568 B, PROFINET
Kapslingsmaterial PA 66, UL 94: V-0 Isoleringsdiameter, min. 0.7 mm

Isoleringsdiameter, max.

1.6 mm

Kategori

Cat.6A / Class EA (ISO/
IEC 11801 2010)

Anslutningsdiameter, entradig 0.4..0.64 mm Ledarens anslutningsarea, entradig AWG 24..AWG 22
(AWG)

Anslutningsdiameter, fintradig 0.48...0.64 mm Ledarens anslutningsarea, fintradig AWG 26..AWG 22
(AWG)

Manteldiameter, min. 5.6 mm Manteldiameter, max. 10 mm

Monteringstyp TS 35 Avskarmning Ja

Skyddsklass IP20 Stickcykler 750 (RJ45)

Allmanna standarder

Certifikat-nr (DNV) TAEOOOO3EW Kontaktdon Norm IEC 60603-7-5

Certifikat-Nr. (cULus) E316369

Elektriska egenskaper

Kontaktmotstand £20mQ Spanningstalighet kontakt/skarm 21500 V AC/DC

Spanningstalighet kontakt/kontakt

2 1000 VAC/DC

Isolationsmotstand

500 MQ

Ledningsférmaga vid 50 °C

TA

PoE / PoE+

enligt IEEE 802.3at
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Klassificeringar

ETIM 8.0 EC000313 ETIM 9.0 EC000313
ETIM 10.0 EC000313 ECLASS 14.0 27-44-03-20
ECLASS 15.0 27-44-03-20
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Profilritning Produktillustration
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Outlet-markor

A0871

Allméanna bestillningsdata

Markskylt till signeringsfaltet for Weidmiillers
montageskeneutgangar.

Fordelarna:

* vit

* neutral

* i textark

Typ |IE-DM Utférande
Art.nr. 8813500000
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