Weidmiiller 3t

H1 0,0/24 ZH EB SV Weidmiiller Interface GmbH & Co. KG

Klingenbergstralle 26
D-32758 Detmold
Germany

www.weidmueller.com

¢ i multipackpase (5 x 100 st.)
* Weidmiuiller fargkod

* DIN-fargkod

* Annan fargkod

Allméanna bestillningsdata

Utférande Andhylsa, Tvilling-andhylsa, 17 mm, 12 mm, elfen-
ben

Art.nr. 9004940000

Typ H10,0/24 ZH EB SV

GTIN (EAN) 4008190482718

Forp. 100 items

Forpackning Multipackpase
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H10,0/24 ZH EB SV

Tekniska data
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Godkannanden
Godkannanden
3P (@)

C IS usTED Pending
ROHS Uppfyllelse
UL File Number Search UL-webbplats
Certifikat-Nr. (cULus) E499744
Matt och vikter
Nettovikt 0.18¢g

Miljooverenstammelse for produkt

RoHS-kompatibilitetsstatus

Kompatibel utan undantag

REACH SVHC

Nej mSvHC 6ver 0,1 viktprocent

Tekniska data

Artikelbeskrivning Dubbel-andhylsa, farg Utférande Tvilling-dndhylsa
elfenben

Andhylsor

Kontaktytans diameter (D 1) 5.8 mm Kontaktytans langd (L2) 12 mm

Kragbredd (B) 7.6 mm Kraghojd 13.4 mm

Tjocklek plastkrage (S2) 0.5 mm L1imm 24.00 mm

Ledardiameter, AWG, max AWG 8 Metallkapseltjocklek (S 1) 0.2 mm

Avisoleringslangd 17 mm Ledardiameter 10 mm?2

fargkod Weidmueller

Klassificeringar

ETIM 6.0 ECO00005 ETIM 7.0 ECO00005

ETIM 8.0 EC000005 ETIM 9.0 EC000005

ETIM 10.0 EC000005 ECLASS 9.0 27-40-02-01

ECLASS 9.1 27-40-02-01 ECLASS 10.0 27-40-02-01

ECLASS 11.0 27-40-02-01 ECLASS 12.0 27-40-02-01

ECLASS 13.0 27-40-02-01 ECLASS 14.0 27-40-02-01

ECLASS 15.0 27-40-02-01
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